ITRACO POWER THD 10N Series

EMI Consideration

Suggested filter to comply with EN 55032 Conducted Emissions Class A limits
THD 10N series meet EN 55032 Conducted Emissions Class A without external components.

Suggested filter to comply with EN 55032 Radiated Emissions Class A limits

Single output models PCB layout suggestion
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Dual output models PCB layout suggestion
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Suggested components to comply with EN 55032 Radiated Emissions Class A limits

Model Cc1 L1 Cc2,C3
04mH/45A
THD 10-xxxxN 4.7uF/ 100V /1210 X7R 7448014501 1500 pF 7/ 2 kV /1206 X7R
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ITRACO POWER THD 10N Series

Suggested filter to comply with EN 55032 Conducted and Radiated Emissions Class B limits

Single output models PCB layout suggestion
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Dual output models PCB layout suggestion
Cc3 Tl
I c3
(|
L1 L2
+o - e +Vin  +Vout L1 L2 ole ® \o out
Lvin @ 2322 16 14
cH c2 toad
Input _— e Common Cl[:] c2 D Com.
Load |Vin 123 9 11
-0 o -Vin  -Vout ° & ® @ -Vout
@
C4 |
I

Suggested components to comply with EN 55032 Conducted and Radiated Emissions Class B limits

Model C1,C2 L1 L2 C3,C4
g 4.7 pyF/ 100V 47pH/1.82A 04mH/45A 1500 pF / 2 kV
THD 10-x0xN 1210 X7R 7447733047 7448014501 1206 X7R
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