Il TRACO POWER

DC/DC Converter TDL 3 Series

EMI Consideration

Suggested filter to comply with EN 55032 Class A & B limits
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Suggested components to comply with EN 55032 Class A limits
Model C1 L1 C2
) 22 yF / 16V
L SERU 1206 X5R MLCC 3.3 uH )
) 22 uF / 25V
TDL 3-12xx 1206 X5R MLCC 18 pH -
) 10 yF / 50V
TDL 3-24xx 1206 X5R MLCC 39 uH -
. 3.3uF/100V B
TDL 3-48xx 1206 X7R MLCC 68 uH
Suggested components to comply with EN 55032 Class B limits
Model C1 L1 C2
- 22 uF/ 16V }
TDL 3-05xx 1206 X5R MLCC 10 uH
- 22 uF / 25V 220 pF /7 2 kV
TDL 3-12xx 1206 X5R MLCC 18 uH 1808 X7R MLCC
- 10 uF/ 50V 220 pF /7 2 kV
TDL 3-24xx 1206 X5R MLCC 68 uH 1808 X7R MLCC
. 4.7 yF 7/ 100V 220 pF 7/ 2 kV
EREE SR 1206 X7S MLCC 82 pH 1808 X7R MLCC
© Copyright 2018 Traco Electronic AG Specifications can be changed without notice!

Rev. September 17, 2018

il TRACO POWER www.tracopower.com Page 1 of 1


www.tracopower.com

